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Main dimensions according to ISO 606 (European type)
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No. Ind. mm mm mm mm mm mm mm mm mm cm2 kN mm

462 SB 12,700 7,75 11,30 11,70 8,51 4,45 11,80 3,90 17,20 0,08 18,0 300

501 SB 15,875 9,65 13,28 13,70 10,16 5,08 14,70 4,10 19,60 0,09 22,4 400

513 SB 19,050 11,68 15,62 16,10 12,07 5,72 16,10 4,60 22,70 0,12 29,0 450

548 SB 25,400 17,02 25,40 27,20 15,88 8,28 21,00 5,40 37,40 0,21 60,0 500

Main dimensions according to ISO 606 (American type)
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No. Ind. mm mm mm mm mm mm mm mm mm cm2 kN mm

ASA 40 12,70 7,85 11,15 14,40 7,95 3,45 12,00 18,20 0,38 10,5 250

ASA 40 RF 12,70 7,85 11,15 14,40 7,95 3,45 12,00 18,20 0,38 6,3 250

ASA 61 1 19,05 13,00 17,70 22,70 11,91 5,08 15,90 29,10 0,89 28,0 400

ASA 61 RF 1 19,05 13,00 17,70 22,70 11,91 5,08 15,90 29,10 0,89 15,0 400
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